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BUL. 103T W/O SP
W/193-ED OR -EE OVERLOAD

1

41053-203

1002096

103T-400

PART
NO. MATERIALCHG.

CHAR. SIZE
FLAT FOLDED

-01 3

ONE SIDE PRINTED
BODY STOCK WHITE
BODY INK BLACK

11” W x 17” H 11” W x 8-1/2” H

41053-203-01 (3)
Printed in U.S.A.

Description

M(1)* M(2) M(3) M(4) M(5) M(1) M(2) M(3) M(4) M(5)
2 1NO 13 - 14 ---- ---- ---- ---- 13 - 14 ---- ---- ---- ----
3 1NO + 1NC 13 - 14 21 - 22 ---- ---- ---- 13 - 14 21 - 22 ---- ---- ----
4 2NO 13 - 14 _3 - _4 ---- ---- ---- 13 - 14 23 - 24 ---- ---- ----
6 2NO + 1NC 13 - 14 _3 - _4 _1 - _2 ---- ---- ---- ---- ---- ---- ----
7 2NO + 2NC ---- ---- ---- ---- ---- 13 - 14 21 - 22 31 - 32 43 - 44 ----
8 3NO + 2NC 13 - 14 21 - 22 31 - 32 43 - 44 53 - 54 ---- ---- ---- ---- ----

* 4th Pole of Contactor

100-C09…C23 100-C30…C85

BUL 103 AUX. CONTACTS FOR 100C CONTACTORS

8th character in
Cat. No. i.e.

(103S-ATA2-CA16C)


