
On-Machinet Distributed I/O

7--22

Dimensions—mm (in)
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1732D--IB8M12
1732D--OB8EM12
1732D--8CFGM12
1732P--IB8M12
1732P--OB8EM12
1732P--8CFGM12

1732D--IB8M8
1732D--OB8EM8
1732D--8CFGM8
1732P--IB8M8
1732P--OB8EM8
1732P--8CFGM8

179
(7.05) 169

(6.64)

37 (1.46)

65 (2.56)

179
(7.05)

1732E--IB16M12
1732E--OB16EM12
1732E--16CFGM12
1732E--IB15M12W
1732E--I6CFGM12W

1732D--8I8OM12M12D
1732D--8I8O1212D
1732D--IB161212D

1732D--IB16M12MINI
1732D--OB16M12MINI
1732DE--16CFGM12MN

1732D--IB16M12M12
1732D--OB16M12M12
1732D--16CFGM12M12
1732D--8X81212D
1732D--8X81212HD
1732D--IB161212W
1732D--16CFG1212W
1732P--IB16M12
1732P--OB16M12
1732P--16CFGM12

1732 ArmorBlock I/O
Dimensions and Keyway Orientations


