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Dimensions are in millimeters and (inches)
Slim Expanded Weight ™ kg (Ibs.)
Frame A (Max.) AA B C (Max.) D E Drive Drive & Packaging
1 1350 (5.31) |166.9 (6.57) |336.0 (13.23) |200.0 (7.87) |105.0 (4.13) [320.0 (12.60) |7.03(155) 9.98 (22)

(1)Weights include HIM, DriveLogix controller with ControlNet daughtercard, Hi-Resolution Encoder Option, and 20-COMM-C Control-
Net adapter.



