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CUT OUT DIMENSIONS= 388 x 237 mm
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SCALE

UNIT

MODIFICATION N°

MEDIUM

TOLERANCE

2x45°

NOT QUOTED BEVELS

R2

NOT QUOTED RADIUS

THICKNESS

mm

CHECKED

MATERIAL

TREATMENT

DESIGN

1st DRAW

29/09/2022
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SIGNATURE

A ROCKWELL AUTOMATION COMPANY
MQR200 15,6"W PCAP
PRAVINGN D09201977
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