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DRAWING FOR 15x10x6
NEMA TYPE 1 ENCLOSURE

NOTES:
1. ALL DIMS SHOWN IN PARENTHESES ARE IN MILIMETERS
2. ALL DIMS ARE APROXIMETE AND NOT INTENDED FOR MANUFACTURING PURPOSES

4 KNOCKOUTS 
FOR PILOT 

DEVICES

DOUBLE K.O.
7/8, 1-7/64

TOP & BOTTOM

DOUBLE K.O.
1-3/8, 1-47/64

TOP & BOTTOM

DOUBLE K.O.
1-7/64, 1-3/8
TOP & BOTTOM
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