RIGHT ANGLE MALE END VIEW FEMALE END VIEW SPECIFICATITONS
> NOT | -BROWN CERTIFICATIONS UL RECOGNIZED AND CSA CERTIFIED
A
UStD | -BROWN 2-NOT COUPLING NUT MATERIAL CPOXY-COATED ZINC
USED
CONNECTOR OVERMOLD MATERIAL OIL RESISTANT PUR
— CONTACT PLATING GOLD OR GOLD FLASH OVER PALLADIUM-NICKEL |
CONTACT MATERIAL BRASS OR COPPER ALLOY
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B| 3 BLUE— —4-BLACK , |
CABLE JACKET COLOR YELLOW
4-BLACK 3-BLUL
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@ NUMBER OF CONDUCTORS [AWG] 3x24 AWG
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