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c UL SEQOW VW-1 105C -50C 600V WATER RESISTANT, CSA
CABLE RATING STOO FT-1 600V
INGRESS PROTECTION NEMA 4, 6P, 12, 13; IP67; 1200 PSI WASHDOWN, [1P69K
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