01

02
03
04
05
06
07
PARAMETER (1) DESCRIPTION ﬂ>zc%_m~_w_._ ,mm_..é_h AS SHIPPED SETTING AS SHIPPED SETTING | As |NSTALLED SETTING
08 001 OUTPUT FREQ READ ONLY
002 COMMANDED FREQ READ ONLY
003 OUTPUT_CURRENT READ ONLY
09 004 (3) TORQUE_CURRENT READ ONLY
012 DC BUS VOLTAGE READ ONLY
10 041 MOTOR NP VOLTS DRIVE_RATING BASED
042 MOTOR NP FLA DRIVE_RATING BASED
1 043 MOTOR NP HERTZ || BASED ON DRIVE CAT
044 MOTOR NP _RPM 1750 RPM
045 MOTOR NP _POWER || DRIVE RATING BASED
12
046 MIR NP _PWR UNITS || DRIVE RATING BASED
047 MOTOR OL HERTZ MOTOR NP HERTZ/3
13 049 (3) MOTOR POLES 4
053 MOTOR CNTL SEL || O "SENSRLS VECT
1 054 MAXIMUM_VOLTAGE DRIVE_RATED VOLTS
055 MAXIMUM _FREQ 130 HZ
061 AUTOTUNE 3 "CALCULATE”
15 080 (3) FEEDBACK SELECT 0 "OPEN LOOP"
081 MINIMUM_SPEED 0.0 HZ
16 082 MAXIMUM_SPEED 60.0 HZ
17 091 SPEED REF A HI [MAXIMUM_SPEED] U
092 SPEED REF A LO 0.0 HZ U
093 SPEED REF B SEL 11 "Preset Spd 1 P
18 094 SPEED REF B HI [MAXIMUM_SPEED]
095 SPEED REF B LO 0.0 HZ
19 096 TB MAN REF SEL 1 "ANALOG IN 1°
097 TB MAN REF HI [MAXIMUM_SPEED]
098 TB MAN REF LO 0.0 HZ
20 100 JOG_SPEED 1 10.0 HZ
01 PRESET SPEED 1 5.0 HZ
21 02 PRESET SPEED 2 10.0 HZ
. 03 PRESET SPEED 3 20.0 HZ
04 PRESET SPEED 4 30.0 HZ
22 05 PRESET SPEED 5 40.0 HZ
06 PRESET SPEED 6 50.0 HZ
a3 07 PRESET_SPEED 7 60.0 HZ
08 JOG_SPEED 2 10.0 HZ
24 40 ACCEL TIME 10.0 SECS
41 ACCEL TIME 10.0 SECS
a5 42 DECEL TIME 1 10.0 SECS
43 DECEL TIME 2 10.0 SECS
46 S CURVE % 0.0%
26 47 CURRENT LMT SEL 0 "CUR LIM VAL"
48 CURRENT LMT VAL || [RATED AMPS] X 1.5
27 55 STOP_MODE A 1 _"RAMP”
56 STOP_MODE B 0 _"COAST"
57 DC BRAKE LVL SEL 0 _"DC_BRAKE LVL"
28 58 DC BRAKE LEVEL TRATED AMPS]
59 DC BRAKE TIME 0.0 SECS
29 BUS REG MODE A
BUS REC MODE B
DB RESISTOR TYPE 2 "NONE™
30 START AT _POWERUP 0 "DISABLED” 1 1
FLYING START EN 0 "DISABLED” 1 1
31 AUTO RSTRT TRIES 0
1.0 SECS
32 POWER LOSS MODE 0 "COAST”
POWER LOSS TIME 0.5 SECS
DIRECTION MODE 0 "UNIPOLAR™
33 PARAM_ACCESS LVL 0 _“BASIC”
_EFAULTS 0 "READY"
34 0 _"READY”
0 _"READY"
35
36
37
38
39
40
DATE BY APPROVAL
M DESIGN REVIEW
FOR MANUFACTURING
AS_SHIPPED
42

AS COMMISSIONED

STANDARD DEFAULT AS SHIPPED SETTING { AS SHIPPED SETTING AS SHIPPED SETTING H
PARAMETER DESCRIPTION SETTING STYLE A STYLE STYLE C AS INSTALLED SETTING
3 START INHIBITS READ ONLY READ ON READ ON READ ONLY
3 DIG IN_STATUS READ ONLY READ ON READ ON READ ONLY
3 DIG QUT STATUS READ ONLY READ ON READ ON READ ONLY
FAULT CONFIG 1 XXXX0XXX01001X10 DEFAULT DEFAULT DEFAUL
259 (3) ALARM CONFIG 1 XXXX1X111X111111 DEFAULT DEFAULT DEFAUL
CONFIG XXXXXXXXXXXXXX00 DEFAULT DEFAUL] DEFAUL
N 1 HI 10.000 VOLT DEFAULT DEFAUL] DEFAUL
N1LO 0.000 VOLT DEFAULT DEFAUL! DEFAUL
N 2 Hi 10.000 VOLT DEFAULT DEFAULT DEFAUL
N2 LO 0.000 VOLT DEFAULT DEFAULT DEFAUL
ANALOG OUT1 SEL 0 "OUTPUT FREQ” DEFAULT DEFAULT DEFAUL
ANALOG OUT 1 HI 10.00 VOLT DEFAULT DEFAUL] DEFAUL
OuT 1 LO 0.00 VOLT DEFAULT DEFAUL! DEFAUL
L IN1_SEL 4 "STOP—CF” DEFAULT DEFAULT DEFAUL
L IN2 SEL 5 "START” DEFAULT DEFAULT DEFAUL
N3 SEL 18 "AUTO/MANUAL" 3 "AUX_FAULT™ 3 "AUX_FAULT” 3 "AUX_FAULT"
N4 SEL "SPEED SEL 17 1 _"ENABLE” 1 _"ENABLE” 1 _"ENABLE
NS SEL "SPEED SEL 2° 15 "SPEED SEL 1~ 15 "SPEED SEL 1 15 "SPEED SEL 1"
N6 SEL "SPEED SEL 3" 16 "SPEED SEL 27 16 "SPEED SEL 27 16 "SPEED SEL 27
UT1 SEL 1 _"FAULT" DEFAULT DEFAULT DEFAULT
| DIGITAL OUT2 SEL ] 4 "RUN” 11 DEFAULT 11 DEFAULT | DEFAULT 1
| DIG OUT2 LEVEL ] 0.0 11 DEFAULT 11 DEFAULT | DEFAULT 1

NOTES: (1) PARAMETERS LISTED ARE PART OF BASIC PARAMETER GROUP.
(2) PARAMETER PART OF ADVANCED PARAMETER GROUP.
(3) PARAMETER PART OF PF70 BASIC PARAMETER GROUP AND PF700 ADVANCED PARAMETER GROUP.

CONSULT DRIVE USER MANUAL FOR ADDITIONAL PARAMETERS.
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PARAMETER LISTING - PF70/700 DRIVES

DR. BY JRF/ACI
DATE 2/1/05

CHK. BY JFH/ACI
DATE 2/1/05

ENG. DWG.
DATE NO.

95D01249 —
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