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3.958-3. 988 — OPTIONAL SHAFT SEAL @
[.156-.157] il PIN-OUT
9,30-9,50 — TTT ENCODER CONNECTOR
[.366-.374) —= 18 = PIN | FUNCTION COLOR
C.1T1] N = = ENCODER CONNECTOR 8 - -
AMP 2061521 HOUSING
10004 50— 1000450 AMP 206070-8 BACKSHELL 9 AM+ GREEN
[39.4+1.97] EEgNé:TI:Hl .N907T1 AMP 1658540-4 PIN CONTACTS 10 AM- GREEN/BLACK
(LENGTH NOT
) TO SCALE) TO SCALE) | BM+ BLUE
1 12 BM- BLUE /BLACK
@ POWER CONNECTOR 3 | M# YELLOW
@14 AMP 206705-2 HOUSING 14 IM- YELLOW/BLACK
[.55] - AMP 206966-7 BACKSHELL 15 Sl+ GREY/BLACK
e 22.0-22, 1 |=—0 AMP 66098-9 PIN CONTACTS (U,V,W) -
S i TSI AMP 164161-4 PIN CONTACT (GROUND) 16 Sl GREY
: ' ' 17 52+ BROWN /BLACK
SHAFT DETAIL (NO SCALE) PIN-OUT 8 s2- BROWN
POWER CONNECTOR 19 $3+ WHITE /BLACK
PIN | FUNCTION COLOR 20 S3- WHITE
| U RED 21 - -
) BLACK 22 EPWR 5V RED
3 W WHITE 23 ECOM BLACK
2 - - 24 | SHIELD DRAIN WIRE
5 GROUND |YELLOW/GREEN||25-28 - -
REFERENCES DESCRIPTION CAD DOCUMENT
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